
 제품 정보

ETHERLINE® Cat.6A Flex 패치코드

ETHERLINE® Cat.7 FLEX를 기준으로 사전 생산된 패치코드

ETHERLINE® Cat.6A Flex 패치코드

정보
추가 요청 사항은
www.lappgroup.com/assemblyfinderor
에서 확인 할 수 있습니다.
2170934에 기반

Lapp의 보완 자동화 요소

기계 및 플랜트 엔지니어링

화염 저지력

할로겐프리

조립 시간

간섭 신호

장점
Connecting cable assembled on one or on both sides saves installation time and reduces or eliminates the potential for on-site
assembly errors.
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 제품 정보

ETHERLINE® Cat.6A Flex 패치코드

Suitable for Ethernet applications information exchange at up to 10 Gbit/s over 60 m thanks to Cat.6A Ethernet.
Available with RJ45 or M12 connectors. The slim RJ45 connector enables use in devices with a very high port density, while the
integrated vibration protection of the M12 connector is useful in applications with shock and vibrations.
Ideal protection against electromagnetic interference thanks to pair screening with aluminium compound foil and copper
braiding as overall screening (S/FTP).
Halogen-free core insulation and sheath compound to meet special fire protection requirements.

응용 범위
For structured building cabling according to EN 50173 and ISO/IEC 11801.
Also suitable for EtherCAT and EtherNET/IP applications.
Compliant with standards for use in buses (fire behaviour test according to UNECE-R 118 for vehicles of category M3 (II and
III)).
Can be used in dry, damp and especially in harsh and oily environments.
The PUR outer sheath is insensitive to mineral oil-based lubricants and is chemically resistant in many cases.

제품 특성
CAT.6A, ISO/IEC 11801 및 EN 50173에 따른 요구 사항 충족
4페어: 산업용 이더넷 10/100/1000Mbit/s

제품 구성
리츠선, 4x2x AWG26/7
꼬여진 쌍의 구조는 광범위하게 간섭이 없는 작업을 허락한다 (분리하기)
고 품질, 이중 차폐막은 높은 전자자기장 간섭 분야에서 송신 신뢰성을 보장한다
외피: PUR 화합물, 할로겐프리
표준과 호환되는 커넥터가 있는 사전 생산된 연결 케이블
색상: 녹색 (RAL 6018에 기초함)

기술 데이터
분류 ETIM 5: ETIM 5.0 Class-ID: EC002599

ETIM 5.0 class 설명: 패치 코드 구리 (페어) 산업

최소 곡률 반경: 고정 설치: 4 x 외경
Flexing: up from 10 x outer diameter

보호 평가: M12 -IP67
RJ45 - IP20

코딩: M12: X 표준

온도 범위: 이동: -30°C ~ +80°C(M12)
이동: -40°C ~ +70°C(RJ45)

비고
사진은 각각의 제품 상세 이미지를 대변하지는 않습니다.
가격은 VAT 및 할증료가 없는 가격. 비즈니스 고객에게만 판매
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Article number 제품 명칭 길이 (m) 구리 지수 (kg/km)
M12 (X 코드), M12 (X 코드) 커넥터, 커넥터
2172326 IE-6A-M12X-S-0,5-P-4-26-7-M12X-S 0.5 14
2172327 IE-6A-M12X-S-1-P-4-26-7-M12X-S 1 28
2172328 IE-6A-M12X-S-2-P-4-26-7-M12X-S 2 56
2172329 IE-6A-M12X-S-3-P-4-26-7-M12X-S 3 84
2172330 IE-6A-M12X-S-5-P-4-26-7-M12X-S 5 140
2172331 IE-6A-M12X-S-7-P-4-26-7-M12X-S 7 196
2172332 IE-6A-M12X-S-10-P-4-26-7-M12X-S 10 280
2172333 IE-6A-M12X-S-15-P-4-26-7-M12X-S 15 420
2172334 IE-6A-M12X-S-20-P-4-26-7-M12X-S 20 560
M12 (X 코드), M12 (X 코드) 커넥터, 플랜지 커플링
2172335 IE-6A-M12X-S-0,5-P-4-26-7-M12XF-S 0.5 14
2172336 IE-6A-M12X-S-1-P-4-26-7-M12XF-S 1 28
2172337 IE-6A-M12X-S-2-P-4-26-7-M12XF-S 2 56
2172338 IE-6A-M12X-S-3-P-4-26-7-M12XF-S 3 84
2172339 IE-6A-M12X-S-5-P-4-26-7-M12XF-S 5 140
2172340 IE-6A-M12X-S-7-P-4-26-7-M12XF-S 7 196
2172341 IE-6A-M12X-S-10-P-4-26-7-M12XF-S 10 280
2172342 IE-6A-M12X-S-15-P-4-26-7-M12XF-S 15 420
2172343 IE-6A-M12X-S-20-P-4-26-7-M12XF-S 20 560
M12 (X 코드), M12 (X 코드) 플랜지 커플링, 플랜지 커플링
2172344 IE-6A-M12XF-S-0,5-P-4-26-7-M12XF-S 0.5 14
2172345 IE-6A-M12XF-S-1-P-4-26-7-M12XF-S 1 28
2172346 IE-6A-M12XF-S-2-P-4-26-7-M12XF-S 2 56
2172347 IE-6A-M12XF-S-3-P-4-26-7-M12XF-S 3 84
2172348 IE-6A-M12XF-S-5-P-4-26-7-M12XF-S 5 140
2172349 IE-6A-M12XF-S-7-P-4-26-7-M12XF-S 7 196
2172350 IE-6A-M12XF-S-10-P-4-26-7-M12XF-S 10 280
2172351 IE-6A-M12XF-S-15-P-4-26-7-M12XF-S 15 420
2172352 IE-6A-M12XF-S-20-P-4-26-7-M12XF-S 20 560
M12 (X 코드), RJ45 커넥터, 커넥터
2172380 IE-6A-M12X-S-0,5-P-4-26-7-RJ45 0.5 14
2172381 IE-6A-M12X-S-1-P-4-26-7-RJ45 1 28
2172382 IE-6A-M12X-S-2-P-4-26-7-RJ45 2 56
2172383 IE-6A-M12X-S-3-P-4-26-7-RJ45 3 84
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2172384 IE-6A-M12X-S-5-P-4-26-7-RJ45 5 140
2172385 IE-6A-M12X-S-7-P-4-26-7-RJ45 7 196
2172386 IE-6A-M12X-S-10-P-4-26-7-RJ45 10 280
2172387 IE-6A-M12X-S-15-P-4-26-7-RJ45 15 420
2172388 IE-6A-M12X-S-20-P-4-26-7-RJ45 20 560
M12 (X 코드), RJ45 플랜지 커플링, 커넥터
2172389 IE-6A-M12XF-S-0,5-P-4-26-7-RJ45 0.5 14
2172390 IE-6A-M12XF-S-1-P-4-26-7-RJ45 1 28
2172391 IE-6A-M12XF-S-2-P-4-26-7-RJ45 2 56
2172392 IE-6A-M12XF-S-3-P-4-26-7-RJ45 3 84
2172393 IE-6A-M12XF-S-5-P-4-26-7-RJ45 5 140
2172394 IE-6A-M12XF-S-7-P-4-26-7-RJ45 7 196
2172395 IE-6A-M12XF-S-10-P-4-26-7-RJ45 10 280
2172396 IE-6A-M12XF-S-15-P-4-26-7-RJ45 15 420
2172397 IE-6A-M12XF-S-20-P-4-26-7-RJ45 20 560
RJ45, RJ45 커넥터, 커넥터
2172362 IE-6A-RJ45-0,5-P-4-26-7-RJ45 0.5 14
2172363 IE-6A-RJ45-1-P-4-26-7-RJ45 1 28
2172398 IE-6A-RJ45-1,5-P-4-26-7-RJ45 1.5 42
2172364 IE-6A-RJ45-2-P-4-26-7-RJ45 2 56
2172399 IE-6A-RJ45-2,5-P-4-26-7-RJ45 2.5 70
2172365 IE-6A-RJ45-3-P-4-26-7-RJ45 3 84
2172400 IE-6A-RJ45-3,5-P-4-26-7-RJ45 3.5 98
2172366 IE-6A-RJ45-5-P-4-26-7-RJ45 5 140
2172367 IE-6A-RJ45-7-P-4-26-7-RJ45 7 196
2172368 IE-6A-RJ45-10-P-4-26-7-RJ45 10 280
2172369 IE-6A-RJ45-15-P-4-26-7-RJ45 15 420
2172370 IE-6A-RJ45-20-P-4-26-7-RJ45 20 560
M12 (X 코드), 단자 개방형 커넥터
2172317 IE-6A-M12X-S-0,5-P-4-26-7-OE 0.5 14
2172318 IE-6A-M12X-S-1-P-4-26-7-OE 1 28
2172319 IE-6A-M12X-S-2-P-4-26-7-OE 2 56
2172320 IE-6A-M12X-S-3-P-4-26-7-OE 3 84
2172321 IE-6A-M12X-S-5-P-4-26-7-OE 5 140
2172322 IE-6A-M12X-S-7-P-4-26-7-OE 7 196
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2172323 IE-6A-M12X-S-10-P-4-26-7-OE 10 280
2172324 IE-6A-M12X-S-15-P-4-26-7-OE 15 420
2172325 IE-6A-M12X-S-20-P-4-26-7-OE 20 560
M12 (X 코드), 단자 개방형 플랜지 커플링
2172353 IE-6A-M12XF-S-0,5-P-4-26-7-OE 0.5 14
2172354 IE-6A-M12XF-S-1-P-4-26-7-OE 1 28
2172355 IE-6A-M12XF-S-2-P-4-26-7-OE 2 56
2172356 IE-6A-M12XF-S-3-P-4-26-7-OE 3 84
2172357 IE-6A-M12XF-S-5-P-4-26-7-OE 5 140
2172358 IE-6A-M12XF-S-7-P-4-26-7-OE 7 196
2172359 IE-6A-M12XF-S-10-P-4-26-7-OE 10 280
2172360 IE-6A-M12XF-S-15-P-4-26-7-OE 15 420
2172361 IE-6A-M12XF-S-20-P-4-26-7-OE 20 560
RJ45, 단자 개방형 커넥터
2172371 IE-6A-RJ45-0,5-P-4-26-7-OE 0.5 14
2172372 IE-6A-RJ45-1-P-4-26-7-OE 1 28
2172373 IE-6A-RJ45-2-P-4-26-7-OE 2 56
2172374 IE-6A-RJ45-3-P-4-26-7-OE 3 84
2172375 IE-6A-RJ45-5-P-4-26-7-OE 5 140
2172376 IE-6A-RJ45-7-P-4-26-7-OE 7 196
2172377 IE-6A-RJ45-10-P-4-26-7-OE 10 280
2172378 IE-6A-RJ45-15-P-4-26-7-OE 15 420
2172379 IE-6A-RJ45-20-P-4-26-7-OE 20 560
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ETHERLINE® Cat.6A Flex 패치코드
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